
 

XKB INDUSTRIAL PRECISION CO.,LIMITEDXKB INDUSTRIAL PRECISION CO.,LIMITEDXKB INDUSTRIAL PRECISION CO.,LIMITED

Suitable X  B TerminalK

-40℃ to+105℃
1000V AC/minute

1000MΩMin

20MΩMax

3
250V

X4621 W V-2*XX  I- C28  D40

2*XX-2*01P-40P

PA6T 94V-0
1U"Gold

Pin length:C=2.8mm
Pin length:D=4.0mm

X4621WV-2*XXI-C28D40 PA6T 94V-0 Brass 1U"Gold X4621WF

X4621WV-2*XXI-C28D40
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Plastic height: I=2.0mm��

V-Stright 180°
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