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{ (SPECIFICATION) :
| (TEMPERATURE RANGE) :~40~+70°C
A (VOLTAGE RAT \\(?) 1125V
. 3£0. 15 £0.2 i (CURRENT RATING) :1.5A
|| . 0 (CONTACT RESTSTANCE) : <30mQ
T 1B (INSULATION RESISTANCE) : >500M€Q
JE (DIELECTRIC STRENGTH) :500V AC/ (50H7) /Min
B — o 164571 (MATING AND UNMATING FORCE) :3~20N
20.461, 54 fir (DURABILITY) :750 CYCLES MIN
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