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Rated Current:9.0AMP - N : AN
Contact Resistance:20mQ max mw m%
Withstand Voltage:500V AC/DC
Insulation Resistance:100MQ min 7 % = 7
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SN=Tin Specification & Ordering Information:
Part No. Thickness Finish Material Wire Range |Insulation 0.D|Q’ty/Reel
WF4202-TXG001 0.20 Gold—flash | Phosphor bronze/Brass |AWG#18~#24| 3.10mm(Max) | 4,000pcs
WF4202—-TXSNO1 0.20 Tin—Plated | Phosphor bronze/Brass |AWG#18~#24| 3.10mm(Max) | 4,000pcs
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