
Features

Maximum Ratings

SOT-523

A

B C

D

E

G H J

K

MIN MAX MIN MAX
A 0.059 0.067 1.50 1.70
B

0.057 0.069 1.45 1.75C
0.030 0.033 0.75 0.85

D
E 0.035 0.043 0.90 1.10
G 0.000 0.004 0.00 0.10
H 0.024 0.031 0.60 0.80
J 0.004 0.008 0.10 0.20
K 0.006 0.014 0.15 0.35

DIMENSIONS

DIM INCHES MM NOTE

0.020 0.50

Suggested Solder Pad Layout

TYP.

(mm)1.0
0.4

0.6

0.6

1.24

0.5

www.mccsemi.com


ELECTRICAL CHARACTERISTICS (Ta=25 unless otherwise specified)

Parameter Symbol Test   conditions Min Typ Max Unit
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 Curve Characteristics
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Fig. 1 - Output Characteristics
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Fig. 3 - RDS(ON) VGS
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Fig. 5 - IS VSD
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Device Packing

***IMPORTANT NOTICE***

Micro Commercial Components Corp
Micro Commercial Components

Corp

Micro Commercial Components Corp

***LIFE SUPPORT***

***CUSTOMER AWARENESS***
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