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SPECIFICATION

1. Operating Voltage : 42v
(None-Switching: 400mA>

(Switching ¢ 100mAD
Contact Resistance :
Insulotion Resistance :
Operating Force :
Life cycle : 25,000 steps
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MINI ROTARY DIP SWITCH

MODEL NO.

MADR-10S
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SUNGMUN ELECTRONICS CO., LTD.






