[REV DESCRIP TION I APPD
CH1 A/R SWR MKR 3: 1.0922 U
REF 1.000 U 1.000U 1 350 000 000.HZ
£ MAIN TECHNICAL SPECFICATIONS
model Type KH—IPEX—SMAKWE
MARKER 3 FREQUENCY RANGE 0-3G
1| 3501000 pP0O.HY INPUT IMPEDANCE
1.092p U S0 OHM
Cor VSWR 1:1.2
GAIN ____
POLARIZATION FORM —
RADIATION —
MAXIMUM POWER —
CABLE RF1.13—100MM
MAX DIAMETER 13.6mm
MIN DIAMETER 1.13mm
CONNECTOR TYPE IPEX —— SMAKWE
112 3 - LIGHTING PROTECTION DC GROUNDING
v
CH1 START 000 000 000.HZ STOP 3 000 000 000.HZ
100mm £ 5mm
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