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-15°C ~ +50°C@100% LOAD, +60°C@60%LOAD:20%-90% RH
-20°C ~ +85 10%-95% RH

MEET Gb4943

I/P-O/P:1KVAC 1min

I/P-O/P: 500VDC/100M Ohms

38x18x16mm
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