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0. iRFEF RIS X R (R
TX('C) Rnom(KQ) TX(C) Rnom(KQ) TX(C) Rnom(KQ) TX(C) Rnom(KQ)

-45 493.3 -8 50. 27 29 8. 401 66 2. 002
-44 459. 9 =7 47. 63 30 8. 048 67 1.933
-43 428.9 -6 45. 14 31 7.712 68 1. 867
-42 400. 3 -5 42. 80 32 7.391 69 1. 804
-41 373.8 -4 40. 60 33 7.086 70 1.743
-40 349. 2 -3 38.52 34 6. 795 71 1.685
-39 326. 4 -2 36. 56 35 6.518 72 1.629
-38 305. 2 =i 34.71 36 6. 253 73 1. 575
=317 285. 6 0 32.97 37 6. 001 74 1. 523
-36 267.3 1 31.31 38 5. 760 75 1.473
-35 250. 4 2 29. 75 39 5.531 76 1. 425
-34 234.6 3 28. 28 40 5.311 77 1.378
-33 219.9 4 26. 89 41 5.102 78 1.334
=57 206. 2 5 25. 57 42 4. 902 79 1. 291
=il 193.5 6 24. 33 43 4. 711 80 1. 250
-30 181.7 7 23.15 44 4. 528 81 1.210
-29 170.6 8 22. 04 45 4. 353 82 1.172
-28 160. 3 9 20. 99 46 4.186 83 1.135
-27 150. 7 10 20. 00 47 4. 027 84 1. 099
-26 141.7 11 19. 05 48 3. 874 85 1. 065
—25 133.3 12 18. 16 49 3. 728 86 1.032
-24 125.5 13 17. 32 50 3. 588 87 0. 9999
-23 118.1 14 16. 52 51 3. 454 88 0. 9692
-22 111.3 15 15. 76 52 3. 326 89 0. 9395
-21 104.9 16 15. 04 53 3. 204 90 0.9109
-20 98. 88 17 14. 36 54 3. 086 91 0. 8834
-19 93. 26 18 13.71 55 2.973 92 0. 8568
-18 88. 00 19 13. 09 56 2. 865 93 0.8311
-17 83. 06 20 12.51 57 2. 762 94 0. 8063
-16 78.43 21 11.95 58 2. 663 95 0. 7824
-15 74. 09 22 11.43 59 2. 568 96 0. 7593
-14 70. 02 23 10. 93 60 2. 477 97 0. 7369
L] 66. 20 24 10. 45 61 2. 389 98 0. 7154
il 62. 60 25 10. 000 62 2. 305 99 0. 6946
-11 59. 23 26 9. 570 63 2. 225 100 0.6744
-10 56. 06 27 9. 161 64 2. 147

-9 53. 07 28 8. 771 65 2.073
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