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SPECIFICATIONS
1.Voltage rating: 250V AC, DC
2.Current rating: 3A, AC, DC
3.Withstanding Voltage: 1000V AC/minute
4.Insulation resistance:800MQ min
5.Temperature range: -25° C-+85° C
6.Contact resistance: 20mQ max
WAFER
Housing Material: Nylon UL 94V0

[ JIC . / Pin Material: Phosphor Bronze or Brass
J_J ﬂ F L—L Contact Area Plating: Plated Tin or Plated Gold
Mates with :P2010 series Housing
Poles:02-18P
AZx0.2 Part No.: M2010R-K-xx-NO
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Pin
Circuit NO. 1

- Dimension mm o Dimension mm
Circuit Circuits
A B C A B C
2.00] 6.00| 4.90 | 11 |20.00]24.00] 22.90
4.00]8.00 6.90 | 12 |22.00]26.00] 24.90
6.00[10.00( 8.90 | 13 |24.00] 28.00[ 26. 90
8.00 [12.00(10.90| 14 |26.00] 30.00[ 28.90
10.00|14.00/12.90| 15 |28.00| 32. 00| 30.90
12.00|16.00|14.90| 16 |30.00| 34. 00| 32. 90
14.00]18.00|16.90| 17 |32.00]| 36. 00| 34. 90
16. 00| 20.00]18.90| 18 |34.00| 38. 00| 36. 90
18. 00| 22. 00| 20. 90| - -
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