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9.99 NOTES: D
SPECIFICATION: -
1.CURRENT RATING: 3.0A MAX
\ 10.54 2.VOLTAGE: 100 VAC
8.34 3. TEMPERATURE RANGE: -30°C~+85°C
v 10 A 4.CONTACT RESISTANCE: 40 MILLIONHM MAX
N 5.INSULATION RESISTANCE: 100 MEGOHMS MIN
A 6.LNSERTION FORCE: 5N~20N |
q 7.UNMATING FORCE: 8N-20N
3 S 8.DURABILITY: 10000 CYCLES
9.WATER PROOFNESS: THISPRODUCTIS BASED ON IPX7.
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