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REVISIONS
REV. ECN NO. LOCATION DESCRIPTION DATE DESIGN
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WAL O.5"'2.5kgf (5~25N) ;
Wiy 0.5~2.5kgf (5~25N) .
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SCHEMATIC

14 | HOUSING |1 PCS| HIGH TEMPERATURE PLASTIC |BLACK COLOR,UL94V—HB
13 | INSULATOR |1 PCS| HIGH TEMPERATURE PLASTIC |BLACK COLOR,UL94V—HB

12 SOCKET |1 PCS BRASS T=0.25mm GOLD FLASH anEg_ ® . .

11 | CONTACT H |1 PCS| PHOSPHOR BRONZE T=0.20mm Ni PLATED L-SV;/T{Ch G-S\WltCh Electromc (HongKong) CO,Ltd
10 | CONTACT G |1 PCS| PHOSPHOR BRONZE T=0.20mm | CONTACT:2u” Au/SOLDER:1u"Au

09 | CONTACT F [1 PCS| PHOSPHOR BRONZE T=0.20mm | CONTACT:2u” Au/SOLDER:1u"Au Unless Otherwise DESIGN:  FengXHEN | DATE: 2020.07.10 | TITLE:

08 | CONTACT E |1 PCS| STAINLESS STEEL  T=0.20mm | CONTACT:2u" Au/SOLDER:1u"Au Sfed”ed- Ti'g'}%"cei CHECKED: DATE: 4 4mmPHONE JACK

07 | CONTACT D |1 PCS| STAINLESS STEEL  T=0.20mm | CONTACT:2u" Au/SOLDER:1u"Au X x +0.20 APPROVED: DATE: CUSTOMER DRAWING
01-06| CONTACT B [6 PCS| PHOSPHOR BRONZE T=0.20mm | CONTACT:2u" Au/SOLDER:1u"Au ;:ix ig-]g PART NO.: GT—3321667P—01 REV.: AO [SCALE:2.5:1| UNIT: mm
ITEM | PART NAME | Q'TY MATERTAL DESCRIPTION ANGLES ~ +3 DRAWING NO.: C—GT03321667P—01 SIZE: A4 [SHEET: 1/1| @ =3
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