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P/N. QT002206-2131-x+

MATED CONDITION

S:
.DIMENSION SHOULD BE INTERPRETED PER ASME Y14.5M-1994.
ELECTRICAL CHARACTERISTICS:
2-1.CONTACT CURRENT RATING:0.5A MAX. PER CONTACTS.
2-2 .DIEELECTRIC WITHSTANDING VOLTAGE:200 VAC RMS FOR 1 MINUTE.
2-3,LOW LEVEL CONTACT RESISTANCE: 55mQ MAX.(INITIAL)

75ma MAX. (AFTER)

.MECHANICAL CHARACTERISTICS:

3-1.TOTAL INSERTION FORCE: 20.0KGF MAX.

3-2 . TOTAL WITHDRAWAL FORCE: 2.2KGF MIN.
3-3.DURABILITY: 30 MATING CYCLES.

3-4 . 0OPERAT ING TEMPERATURE: -40°C TO +85°C.

PLEASE CONTACT FOXCONN SALES REPRESENTATIVE TO VERIFY
PRODUCT DETAIL & AVAILABLITY.
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