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†  RoH
S COMPLIA

NT

Common Mode EMI Chokes

Special Features
• Reduce conductive EMI emission
• High current capacity
• High impedance at low frequency
• Dielectric strength 3750 Vrms
• Coil wound on UL 94V-0 rated plastic 

cased ferrite core
• Operating temperature -55 to +105 °C

7100 Series 

Part
Number

L (mH) 
Min. 

@ 1 KHz
I, DC
(A)

DCR 
(Ω) 

Max.

Dim.
A

Max.

Dim.
B

Max.

Dim.
C

Nom.

Dim.
D

Nom.

Dim.
E. 

Nom.
7101-RC 0.51 1.0 0.040 0.70 0.55 0.400 0.200 0.016 
7102-RC 0.85 1.0 0.060 0.70 0.55 0.400 0.200 0.016 
7103-RC 1.70 1.0 0.070 0.70 0.55 0.400 0.200 0.016 
7104-RC 2.55 1.0 0.100 0.70 0.55 0.400 0.200 0.016 
7105-RC 4.25 1.0 0.125 0.70 0.55 0.400 0.200 0.016 
7106-RC 0.51 2.0 0.030 0.70 0.55 0.400 0.200 0.020 
7107-RC 0.85 2.0 0.040 0.70 0.55 0.400 0.200 0.020 
7108-RC 1.70 2.0 0.060 0.70 0.55 0.400 0.200 0.020 
7109-RC 2.55 2.0 0.075 0.70 0.55 0.400 0.200 0.020 
7110-RC 0.51 3.0 0.020 0.70 0.55 0.400 0.200 0.023 
7111-RC 0.85 3.0 0.030 0.70 0.55 0.400 0.200 0.023 
7112-RC 0.85 2.0 0.050 0.90 0.65 0.500 0.300 0.023 
7113-RC 1.70 2.0 0.075 0.90 0.65 0.500 0.300 0.023 
7114-RC 2.55 2.0 0.085 0.90 0.65 0.500 0.300 0.023 
7115-RC 4.25 2.0 0.110 0.90 0.65 0.500 0.300 0.023 
7116-RC 6.80 2.0 0.200 0.90 0.65 0.500 0.300 0.023 
7117-RC 0.85 5.0 0.035 0.90 0.65 0.500 0.300 0.030 
7118-RC 1.70 5.0 0.040 1.23 0.90 0.700 0.400 0.030 
7119-RC 4.25 4.0 0.046 1.23 0.90 0.700 0.400 0.030 
7120-RC 6.80 4.0 0.060 1.23 0.90 0.700 0.400 0.030 
7121-RC 42.5 2.0 0.200 1.23 0.90 0.700 0.400 0.023 
7122-RC 25.5 4.0 0.130 1.23 0.90 0.700 0.400 0.030 
7123-RC 9.35 5.0 0.072 1.23 0.90 0.700 0.400 0.036 
7124-RC 2.55 10 0.020 1.23 0.90 0.700 0.400 0.046 

† RoHS Directive 2002/95/EC Jan. 27, 2003 including  
   annex and RoHS Recast 2011/65/EU June 8, 2011. 

“-RC” suffix indicates RoHS compliance.

REV. 07/16, EFFECTIVE 02/01/17
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WARNING  Cancer and Reproductive Harm 
www.P65Warnings.ca.gov

Specifications are subject to change without notice. 
Users should verify actual device performance in their 
specific applications. The products described herein and 
this document are subject to specific legal disclaimers as 
set forth on the last page of this document, and at
www.bourns.com/docs/legal/disclaimer.pdf



 Legal Disclaimer Notice

This legal disclaimer applies to purchasers and users of Bourns® products manufactured by or on behalf of Bourns, Inc. and 

Unless otherwise expressly indicated in writing, Bourns® products and data sheets relating thereto are subject to change 

and complete before placing orders for Bourns® products.

The characteristics and parameters of a Bourns® product set forth in its data sheet are based on laboratory conditions, and 
statements regarding the suitability of products for certain types of applications are based on Bourns’ knowledge of typical 
requirements in generic applications.  The characteristics and parameters of a Bourns®

® product with other components 
® 

the actual performance of the Bourns®

 

® product as meeting the requirements of a particular industry 

®

of Bourns® products are responsible for ensuring compliance with safety-related requirements and standards applicable to 

Bourns®

on a case-by-case basis, use of any Bourns®

®

®

® 

®

Bourns®

® standard products that are suitable for use in aircraft 

® standard 

the user’s sole risk.

® custom products shall be negotiated on a case-by-case basis by Bourns 
and the user for which such Bourns®

® standard products shall 
also apply to such Bourns® custom products.

Users shall not sell, transfer, export or re-export any Bourns®

Bourns®

 
® products and Bourns technology and technical data may not under any circumstance be 

exported or re-exported to countries subject to international sanctions or embargoes.  Bourns® products may not, without 
 

bilingual versions are available at:
  Web Page: http://www.bourns.com/legal/disclaimers-terms-and-policies
           PDF: http://www.bourns.com/docs/Legal/disclaimer.pdf
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