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Commercial Appliances Security Devices Vending Machines

HVAC Industrial Controls

Specifications

Part Number Configurator

Features & Benefits

Applications / Markets

MR1000 Series Detector Switch

Specifications subject to change without notice

• Recessed switch
• Magnetic contact
• 9.52 [0.375 in] Press fit
• 457.20 [18.000 in] #22AWG wire leads
• Closed gap options

Contact Rating: 0.5A, 10VAC or 10VDC
Contact Resistance: 150 mΩ 
Contact Arrangement: SPST N.O. 

MR1000 A - 19.0 [0.75 in] 
B - 25.0 [1.00 in] 

Series DIM “X”

Medical Equipment

Specifications subject to change without notice  11.7.2018

Housing Color

W - White

Lead Length

A - 457.20 [18.000 in]
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MR1000 Series Detector Switch

Body Dimensions

SHEET    OF1 1 MR1000 Catalog Drawing 11/6/2018
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2

9.00
[.354 in]

11.00
[.433 in]

11.00
[.433 in]

9.00
[.354 in]

24.00
[.945 in]

24.00
[.945 in]

457.2010.00
18.000.394 in[ ] X

  DIM "X"±1.0 [0.39] DIM "X"±1.0 [0.39]

CLOSED GAP A = 19.0 [0.75 in] B = 25.0 [1.00 in]

DEPARTURE GAP A = 22.0 [0.87 in] B = 28.0 [1.10 in]

HOUSING COLOR:
WHITE

HOUSING COLOR:
WHITE

WIRE: 22AWG UL1007,
80C, 300V, WHITE

9.52 - .00
.20+

.375 - .000
.008+  in[ ]

CIRCUIT: SPST
1 2

SPST N.O.Recommended Panel Cutout


