MeC

MINGSTAR ELECTRONIC CORP. Ultra Thin SMD Power Inductor
H Dimensions:mm
e - L:3.0+0.1
‘ e W:3.0+0.1
f e _
\ H:1.5max
e e :0.940.2
Marking:Inductance f:1.9+0.2
Electrical characteristics
Part Number Inductance DC Resistance SRF Rated Current
(uH) (Q)Max DCR MHZ(Min) (mA)
UT3015N-1RON 1.0 0.036 100 2100
UT3015N-1R5N 1.5 0.048 87 1800
UT3015N-2R2M 2.2 0.072 64 1480
UT3015N-3R3M 3.3 0.096 49 1210
UT3015N-4R7M 4.7 0.144 36 1020
UT3015N-6R8M 6.8 0.192 40 870
UT3015N-100M 10.0 0.276 28 700
UT3015N-150M 15.0 0.432 23 560
UT3015N-220M 22.0 0.624 20 470
UT3015N-330M 33.0 1.008 18 390

UT3015N-470M 47.0 1.608 17 320



