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SPECIFCATION:
1,RATING:DC 30V 0.5A
2,CONTACT RESISTANCE: 30mQ Max
3.INSULATION RESISTANCE:100M Q (DC250V) Min
| 4 WITHSTAND VOLTAGE:500VAC
anr 5.INSERTION AND EXTRACTION FOCE:3-20N
3.00 6.LIFE TEST:5000 CYCLES
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