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19.85 @ Shrapnel 2| —— 1 Copper Alloy
@ Shrapnel 1| —— 17 Beryllium Coppe
® Contact —— | 1 | Copper Alloy |Plating silver
NOTE: @ Lever - I Copper Alloy
i @ Terminal - 3 Copper Alloy |Plating silver
1.Rating:AC125V 5A/250V 3A © Housing N PET Black
2.Operating froce:50+15gf ) Knob — | PBT Black
S.Mechanical Life:1,000,000 @D Cover — |1 PBT Black
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