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Typical Specifications
1.Rating DC 12V 50mA ® Cover — | Brass Tin Plated | ———
2.Contact Resistance: <100m0Q ® Keystoke — | Nylon Red -
] e S.Lnsulation Resistance: 2100mQ0 DC250V @ |waterproof Sificone] —— | 1 Silica gel Black
EET XX T 4.Operating Temperature Range: —25C+85C Q Contact — 1 FAq/SUS Plating silver
5. Ambient Humidity Used: <85%RH @) Base — Nylon Black
6TFOV€‘OZ5$OW mm @) Terminal — | 4 | Copper(0.3t) |Plating silver
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DRAWN J.X.Zhang | 2014/6/13 ELECTRONICS CO.,LTD
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