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5 ‘ 15A 250V AC T105 UL cUL
;% | 10A250VAC VDE 3C @
;'- 1 Insert And Extract Force: 1. 36kgf~6. 8kgf
I 01 i I i Terminal Strength: 280N
D Operating Life: 25000 cycles
Vithstand Voltage: Between all terminals:2500VAC (50-60Hz) Imin
terminals to Case:3750V AC (50-60Hz) lmin
Leakage Current : ImA
Insulation Resistance: >100MQ 500V DC
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