50060~ ®T0.150 m Specifications :

e Voltage rating: 150V AC / DC

e Current rating: 1A AC/DC

e Withstanding voltage: 500V AC/minute
e Temperature range: -35°C~+85°C

e Insulation resistance:2500MQ

~ ~ e Contact resistance: <30mQ

e After environmental testing: <40mQ
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@ Series Number

® Category: T-terminal

® Shape: Blank-ordinary

@ Material: P-Phosphor bronze

® Plating style: V01-Gold Flash ; SN-Bright tin plating ;
® Plating method: Blank-Stamping before plating

@ Mold No./Mark/Special No.
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! X9862T-PVO1 Stamping Before Pating:30u" Ni;Whole Gold :Gold Flash
Phosphor Bronze | AWG#26-32| 1.00mm(Max) X9862H
SECTION: A-A SECTION: B-B SECTION: C-C X9862T-PSN Stamping Before Plating:30u" Ni;70u"Sn Min.
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