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m Specifications .

e Voltage ra ting: 250V AC / DC

e Current rating: 3A AC/DC

o Withstanding voltage: 800V AC/minute
e Temperature range: -25°C~+85°C

e |nsulation resistance: 21000M Q

® Contact resistance: <10mQ
e After environmental testing . <20mQ

X2581 T X-P SN X-X
O 206 0®

©0

® Series No.
@© Category: T-Terminal
@® Appearance type . Blank-Ordinary

@ Material:

P-Phosphor pronze ; B-Brass

® Plating Style: G**-Gold Plated Contact

V**- All Gold-Plated

01-Gold Flash 02-2u" 03-3u"
05-5u" 10-10u" 15-15u"
SN-Bright Tin Plating (70u")
SN1-Bright Tin Plating (120u" Min).
0-No Plating Material

SW- Fog Tin Plating

® Plating Method : Blank-Stamping before Plating
@ Mold No./Mark/Special No.

X2581T-PSN  |Phosphor Bronze

[AWGH#22-3 0

1.90mm(Max )

Stamping Before Plating:30~50u" Ni;70~  120u"Sn X2581H

PART NO Materia |

Wire Range

Insulation O .D.

Finish Used In XKB Housing
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0.2
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0.3 CHKD
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UNIT: mm/in

2.5mm Crimp Style Connectors
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DWG NO.:
SIZE: A4 X2581T-PSN
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