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: MATING PLUG
| Jack Insertion Depth: 9.15 mm
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| SCHEMATIC 3
| /\EZ MATERIAL PLATING
| 2 center pin Brass tin
| Model DC-022K terminal 1 Brass tin
i 22.0 mm terminal 2 Sus tin
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