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Specifications
‘ 0810031 4501771202 CONTACT RATING:0.1A 30 VDC
MECHANICAL ELECTRICAL LIFE:50,000 cycles
3.420.05 CONTACT RESISATNCE:150Qmax. initial
INSULATION RESISATNCE:100Qmin. 100VDC
OPERATING TEMPERATURE:-20°Cto+70°C
DIELECTRIC STRENGTH:100 volts AC 60 HZ
PACKAGING:Bulk
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