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NOTEST:

UL Standard
1.Rated voltage/current : 300V / 8A

2.Withstanding voltage : AC1600V/1Min.
3.Wire range 24~16AWG

IEC Standard

1. [Pollution degree 2 2 3

Overvoltage category I m Juil

Rate impulse voltage(KV) | 2.5KV| 2.5KV| 2.5KV

Rate voltage(V) 320V | 160V | 160V

Rate current(A) 8A

2.Wire range : 0.2~1.0mm?,1.5mm?(sol)

NOTESZ:

1.Dimension shall be interpreted per
ASME Y14.5-2009

2.Pitch 3.81mm, Poles : N=04~48P
3.Stripping length 8~9mm
4.Operating temperature: —40°C~+105°C
5.Undimensioned tolerances:
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6.RoHS Compliance

Ordering Information
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Pitch

No.of pins
381=3.81PH

4P~48P B=Black

G=Green
U=Blue
R=Red
W=White
Y=Yellow
O0=0ronge
E=Grey

Housing Color packing

0=Pe bog
T=Tube
A=Tray

REVISION RECORD

HDIED
HDUED

HDUED

16.10

REV

ECN

DESCRIPTION

DRFT

DATE

AO

NEW

21.05.17

3.81x(N=1)+4.16

E

E
=
E
E

~

-3.81
=

JILN
JL15EDGKNHC

//
1/

—

— ]
="
e

3.81x(N=1)

7[@

T
0

(21.80)

6.60

20.00

4.75

8.30

f@p @]

@k @b

kb —

Spring

Stainless Steel
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Clamp

Copper alloy

Sn Plated

DRAW

SHUANGPING ZHENG

SCALE

FIT

Button

PAB6+GF

UL94v-0

Cover

PAGG

UL94v-0

CHECK

LICHAD

UNIT

mm

LIU SIZE

A4

JILN

HRETHREBRTHRA

DONGGUAN J Hz.ern ELECTRONIC CO., :,_u

Housing

PAG6

UL94v-0

M= N ||~

NAME OF PART

MATERIAL

NOTES

APPROVE

YONGLIANG GAD

SHEET)

1/1

PART NO.

JL15EDGKNHC-381XXG01

PROJ,

&=t

TITLE:

JL15EDGKNHC-3.81-2XNP 4k 2 B B8/ 4 (1,

3

4

5

0

7

8




