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             Dimensions:mm

 MEC
High Current Power InductorMINGSTAR ELECTRONIC CORP.

A:6.6 ± 0.2
B:7.4(Max)

Electrical characteristics

C:3.0(Max)

D:3.0 ± 0.5

E:2.0 ± 0.1

F:1.6 ± 0.3

G:3.0 ± 0.5

H:+0.15/-0

A

A

B

F

E
G

D

C

H
×××

Inductors


