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Specifications
规格
Rated range: 50mA DC12V                                                                          Operating temperature: - 10 ℃ ~ + 60 ℃
额定范围：50mA DC12V                                                                              操作温度：-10℃~+60℃
Insulation resistance: 100M Ω min (dc100v)                                                 Operating force: 200 ± 100gf
绝缘电阻：100mΩ min（DC100V）                                                             操作力度：200±100gf
Withstand voltage strength: AC100V (50 / 60Hz foy 1minute)                       Material properties: environmental protection (SGS)
耐压强度：AC100V(50/60Hz foy 1minute)                                                    材料属性：环保（SGS）
Mechanical life: 10000 cycles
机械寿命：10000 cycles

D Lid 1 SUS Silver White

C Contact reed 2 Compound silver phosphor bronze Silver White / silver plated

B Key 1 PA46 Black

A Base 1 PPA/BASS Black / Silver plated

Serial number Name Quantity Texture of material Plating/Colour
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