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MK SD NAND Selection Guide

Type Capacity Part Number Tgn‘::ztaltour:'e Size I.:.I;;:
32Gbit MKDNO032GCL-AA -25°C~85°C MLC

32Gbit MKDNO32GIL-AA -25°C~85°C SLC

MKDN Series 64Gbit MKDNO064GCL-AA -25°C~85°C 9x12m MLC
(Nano SD NAND) 64Gbit MKDNO64GIL-ZA -25°C~85°C m SLC
128Gbit MKDN128GCL-ZA -25°C~85°C TLC

256Gbit MKDN256GCL-ZA -25°C~85°C TLC

1Gbit MKDV1GCL-AB -25°C~85°C SLC

2Gbit MKDV2GCL-AB -25°C~85°C SLC

AGbit MKDV4GCL-AB -25°C~85°C SLC

1Gbit MKDV1GIL-AS -40°C~85°C SLC

MKDYV Series 2Gbit MKDV2GIL-AS -40°C~85°C 6x8mm SLC
4Gbit MKDVA4GIL-AS -40°C~85°C SLC

8Gbit MKDV8GIL-AS -40°C~85°C SLC

32Gbit MKDV032GCL-STL -25°C~85°C MLC

64Gbit MKDV064GCL-STL -25°C~85°C MLC
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