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RESISTANCE 160 OHMS * 10%

NOMINAL VOLTAGE 12.0 vDC BLUE BEAD
MUST OPERATE 6.4 vDC
MUST RELEASE 0.7 vDC
ENVIRONMENT: g \ S)
VIBRATION 10 _ cps To _2000 cps p _20 g
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