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1. Housing:Glass Filled PA46 BLACK (RoHS).
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2.Shielding:C2680 T=0. 20mm (RoHS).
9 Va 10 11 Va 19 3. Contact:C51000 #0. 46mm (RoHS) .
_ _ _ _ _ D 4. Led1:GREEN (RoHS) . 5. Led2: YELLOW (RoHS) .
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