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8 [ SHIELD PLATED BRASS 1 [ Sn-PLATED TOLERANCE
7 | CONTACT TERMINAL | BRASS 1 | Sn-PLATED UNLESS _ SPECIFIED
6 | CONTACT TERMINAL | BRASS 1 | Sn-PLATED UP TO 5mm:+0.1] ANGULAR | 1
5 | CONTACT TERMINAL BRASS 1 | Sn-PLATED ABOVE Smm:0.2|  *I° NO | DATE REVISIONS BY | APPD
4 | CONTACT TERMINAL | BRASS 1 | Sn-PLATED TITLE:  DIN JACK UNIT : MM| RoES | DWN
3 | GROUND CONTACT BRASS 1 | Sn-PLATED MODEL:  DIN-504D-M5 SCALE: 1:1 |COMPLIANT| cpp
< | COVER RON L | NMi-PLATED HAOYU(HONGKONG )LIMITED APPD
1 | HOUSING PBT 1 | BLACK \ YA N
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