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TOLERANCE
UNLESS  SPECIFIED 42 |2019.12.10 E&AEES XYZ
6 | NUT STEEL 1 | Ni-PLATED UP TO 5mm:0.1| ANGULAR | A7 | 2019.8.26 37 I 4K XYZ
5 | AXIS DUIDE BRASS 1 | Ni-PLATED ABOVE 5mm: 0.2 11 NO DATE REVISIONS BY | APPD
4 | PIN COPPER ALLOY 1 | Ni-PLATED TITLE; DC JACK UNIT : MM| Roms | DWN
2 | CONTACT FOOT 2 PHOSPHOR BRONZE 1 | Ag-PLATED APPD
1 | HOUSING PBT 1 | BLACK \ mWoWEMoqnwozoE@ﬁmc
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