
Specification:
 1.Electrical Characteristics:
   Current rating: 1,5PIN 1.8A Max/2,3,4PIN 1A Max.
   Dielectric withstanding voltage: 100 V(ac) for 1 min.
   Insulation Resistance: 100 MΩ Minimum.
   Contact Resistance: 30 mΩ Maximum.
 2.Environmental:
   Operating Temperature:-30°C~+80°C.
 3.Mechanical Characteristics:
   Total mating force: 3.57 Kgf Max.
   Total unmating force: 1.0 Kgf Min.
 4.Material:
   Insulator: HI-Temp Plastic UL 94V-O Rated.
   Cantact: Copper Alloy(t=0.15mm).
   Shell: Copper Alloy/C2680(t=0.20mm).℄
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