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Pin No. DIM A

TF=123-ARP9H17 | 1.70
TF=123-ARP9H15 | 1.50
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Specification:

1. ELECTRICAL CHARACTERISTICS

1—1. CONTACT RESISTANCE: 80 milliohms  MAX.
1-2. INSULATION RESISTANCE: 1,000 Megohms MIN.
1-3. DIELECTRIC WITHSTANDING VOLTAGE: 500V AC
) FOR 1 MINUTE.
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2. MECHANICAL CHARACTERISTICS
2—1. DURABILITY: 5,000 CYCLES

3. RoHS 2002/95/EC COMPLIANT.
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