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Features

Low clamping voltage

2-pin leadless package

Ultra small package: 1.0x0.6x0.5mm
Ultra low capacitance: 10pF max
Ultra low leakage: nA level

Low operating voltage: +5v

Complies with following standards:

e — [EC 61000-4-2 (ESD) immunity test
Air discharge: £30kV
Contact discharge: +£30kV

e — I[EC61000-4-5 (Lightning)7A (8/20 ps)

® RoHS Compliant

Ordering Information

Part Number

Qty per Reel

Reel Size

ESD5471X

12000

7”

Mechanical Characteristics

Package: DFN1006-2 (0402)

Lead Finish: Matte Tin

Case Material: “Green” Molding Compound.
Moisture Sensitivity: Level 3 per J-STD-020
Terminal Connections: See Diagram Below

Shipping Qty : 12000pcs/7Inch Tape & Reel

Applications
Smart Phone and Tablet PC

TV and Set Top Box
Wearable Devices
PDA

Dimensions and Pin Configuration
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