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Features Mechanical Characteristics

* 300W peak pulse power (8/20ps) Package: SOD-323

Lead Finish: Matte Tin

Case Material: “Green” Molding Compound.
UL Flammability Classification Rating 94V-0
Moisture Sensitivity: Level 3 per J-STD-020
Terminal Connections: See Diagram Below

= Shipping Qty :3000pcs/7Inch Tape & Reel

* Protects one data or power line
* Ultra low leakage: nA level
* Operating voltage: 5V
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* Ultra low clamping voltage

* Complies with following standards:

— [EC 61000-4-2 (ESD) immunity test App"catlons

Cellular Handsets and Accessories
Personal Digital Assistants
Notebooks and Handhelds
Portable Instrumentation
Peripherals

« Pagers Peripherals

Air discharge: £30kV
Contact discharge: £30kV

R

—[EC61000-4-4 (Lightning) 22A (8/20ns)

*

Dimensions and Pin Configuration

Marking: 2B Or H

SOD323
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