YFUI
LR BAW56 SOT-23

W Switching Diodes
@ﬂROHS

lead-free
B Features
@ Fast Switching Speed
® Surface Mount Package Ideally Suited for 1
Automatic Insertion B Simplified outline(SOT-23)
@ For General Purpose Switching Applications
® High Conductance 3
0
I
4 4
1 2
B Absolute Maximum Ratings Ta = 25C
Parameter Symbol Rating Unit
Non-Repetitive Peak Reverse Voltage VRM 100 \Y
Peak Repetitive Reverse Voltage VRRM
Working Peak Reverse Voltage VRWM 75 Vv
DC Blocking Voltage VR
RMS Reverse Voltage VR(RMS) 53 \
Forward Continous Current IFM 300 mA
Non-Repetitive Peak Forward Surge Current @ t=1.0us Fsm 2.0 A
@t=1.0s 1.0
Power Dissipation Pd 350 mW
Thermal Resistance Junction to Ambient Air Roua 357 TIW
Operating and Storage Temperature Range T,TsTG -65 to +150 C
B Electrical Characteristics Ta = 25T
Parameter Symbol Testconditons Min | Typ | Max | Unit
IF=1.0mA 0.715
Forward Voltage VF 7= 10mA 0855 v
IF = 50mA 1.0
IF = 150mA 1.25
VR=75V 25 LA
Peak Reverse Current IRM VR =78V, Tj = 150¢C %0 uA
VR =25V, Tj=150C 30 uA
VR =20V 25 nA
Junction Capacitance Cj VR=0, f=1.0MHz 2 pF
Reverse Recovery Time ter IF=IR=10mA,lr=0.1 XIr, RL=100 @ 4 ns
B Marking
Marking Al

www.yfwdiode.com 1/2 GuangDong YFW Electronics Co, Ltd.




YFL
1E b_(lf;*»!l BAW56 SOT-23

Package Outline SOT-23
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DIMENSIONS (mm are the original dimensions)
A
UNIT A max. bp c D E e e, He Lp Q \ w
1.1 0.48 0.15 3.0 1.4 25 0.45 0.55
mm oo | %1 | 038 | 00o | 28 | 12 | Y0 [ 9% | 21 | o015 | 0as | 02 | 01

Summary of Packing Options

Package Packing Description Packing Quantity Industry Standard
SOT-23 Tape/Reel,7”’reel 3000 ElA-481-1
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