I echnical requirement
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Service conditions: - 40 ‘C ~ 55 °C
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Plugging force: 3 ~ 20n
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Mechanical life: 5000 times
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/ 6 Cover plate 1PCS PA 66 BLACK
5 Pedestal 1pcs| PA 66 (BLACK)
4 Pin 1PCS Brass NI
3 Static contact piece 1PCS Brass SN
2 Moving contact piece 1PCS Spcc SN
1 Pin pin 1PCS Brass SN
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