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Albetter product] Blaverage product] ® CONTACT3 B4 05191 GBS 1u” /452 50u) £20. 15
PROJECT N A
B AR RoHS
® CONTACT4 B4 C5191 (B4 1u” /$3% 50u) t=0. 15
Contact Rating 0.25A, 12V DC
Electrical Initial Contact Resistance 50mQ max. Pin No. A Type(HDMI)
Properties Insulation Resistance 100MQ min.500V DC  Skey/PD: 100MQ min.300V DC 1 TMDS Data 2+
Withstand Voltage 500V AC for 1 minute 350 V AC for 1 minut 2 TMDS Data 2 Shield
3 TMDS Data 2-
There No Load 6,000 Cycles 5,000 Cycles 4 TMDS Data 1+
Durable Performance
Rated Load 5,000 Cycles 4,000 Cycles 5 TMDS Data 1 Shield
Sterage temp. -35°C~+75"C(Operating Temp: ) 6 A0S (DR T
7 TMDS Data 0+
Operating Force IF:35N MAX. (EF:10.0N MIN.) 8 TMDS Data 0 Shield
Heat Rrsistance IR Reflow:255°C, 5sec. Manual :350°C, 3sec. 9 TMDS Data 0-
10 TMDS Clock+
11 TMDS Clock Shield
Unit:mm 12 TMDS Clock-
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RECOMMENDED PANNEL CUT OUT DIMENSION




