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1. UNLESS OTHERWISE SPECIFIED AND/OR INDICATED:

D
DIMENSIONS ARE TO FACE OF VIEW SHOWN AND
— AUTOMATICALLY ROUNDED BY COMPUTER FOR INSPECTION
(SEE MATH MODEL FOR PRECISE DIMENSIONS). FOR ALL
OTHER DIMENSIONS NOT SHOWN BUT REQUIRED FOR TOOL
BUILD, SEE MATH MODEL FOR PRECISE TOOL PATH DATA.
_ 2. SEALING CODE 4 - DESIGN WILL MEET REQUIREMENTS OF SAE/USCAR-2 B
D CONNECTOR SYSTEM ENVIRONMENTAL TEST FLOWCHART
] | s (PRESSURE/VACUUM AND SUBMERSION) .
3. FOR APPLICATION DATA SEE THE INDIVIDUAL APPLICATION DRAWINGS,
q b Cc
\_ y. 4, THIS PRODUCT IS NOT CATEGORIZED AS AN APPEARANCE ITEM, MINOR
IMPERFECTIONS INCLUDING, BUT NOT LIMITED TO, FLOW MARKS, COLOR
BLEMISHES, GATE VESTIGE, AND SOFT FLASH THAT DO NOT AFFECT THE
FIT, FORM, OR FUNCTION OF THE PART ARE PERMISSIBLE PER NAP 4.10-18.
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