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B R 3ER B (VSWR)

P 511 swR 1.000/ Ref 1.000 [F1]
11.00

1 900, 00000 MHz 1.4804
»3  1.9p00000 GHz 1.2674
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s 5] & (Smith chart)

P =11 smith (R+3) Scale 1.000u0 [F1]

1 900.00000 MHZ 35.680 0 -14.240 0
>3 1.3000000 GHz 50.425 0 11.%18
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