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PRODUCT  NO. . REV| ECN NO. DR | DATE
DSHPO1TSGET RoHS compliant NOTES :1.Specification:
1>.0Operating force: 1000gf Max
2>.0perating Temperature: —40" to+85°
3>.Storage Temperature:: —40" to+35°
3304020 4> Electricalife Life: 2000cycles 25mA 24VDC
140, 5> Mechanical Life: 3000cycles Operations
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Number |Port Name| Material | Finished
©) Actuator UL9L V0 White  |oTiicruise sPEcirieD | o |DREE HSEMr-HamAR
@ COVEF UL9[|- VO Bla(k LINER ANGLES DongGuan Kingtek Industrial Co., Ltd.
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