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/ Vo/lo (230VAC,Typ) ( x x )
NS25A03 9.9W 3.3V/3000mA 80% 2000uF
NS25A05 15w 5V/3000mA 84% 2000uF
NS25A09 9Vv/2780mA 84% 2000uF
39.0%x25.0x21.0mm
NS25A12 12V/2100mA 85% 2000uF
25W
NS25A15 15V/1670mA 86% 2000uF
NS25A24 24V/1050mA 87% 1000puF
Min Typ Max
85VAC -- 264VAC
100vDC -- 375VDC
47Hz - 63Hz
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115VAC - 480mA -
230VAC - 240mA -
Min Typ Max
- +1% --
- +1.5% --
10%~100% -- +2.5% --
20MHz -- 80mVv --
=110%lo
0 - -
-- 500ms --
-- 10ms -
* AC-DC
Min Typ Max
- , 60s - 3000VAC -
-40 - +70
-40 +105
- -- 95%RH
- 65KHz -
MTBF MIL-HDBK-217F, 25°C 215,000h
( TIRRE : 25°C) 85~264VAC
(%) (120vDC, 100;’/0) (320VDC, 100%) ) 100~375VDC
100 - (100VAC, 100%) (240VAC, 100%) o (20 , 100%) 55 100%)
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FUSE: 3.15A/250VAC,
R1: 5D-9
MOV: 471KD10
CX:X2 0.33uF/275VAC
L1: 330pH
NF: 10mH-30mH
CY1,CY2:Y 1000pF/250V
_
3.3V 5V 9V 12V 15V 24V
C1 2200uF/10V 1000pF/25V 680uF/35V
C2 1000pF/10V 680uF/25V 470uF/35V
C3 1uF/50V
L2 2uH( 1IMM)
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