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a NOTES:
I, GENERAL TOLERANCE — £03mm , =+£3°
6.00 2430 + 0.30 2. TE TRADE MARK, C/V MARK MUST BE CLEAR AND LEGIBLE
3. USE CONTACT PART NO. 170324-1, 170325-1, 170326-1.
NAT PA6E (V-0) | 1-368602-1
[oBSOLETE | BLLE  [PA6s (V-2) | 686822
NAT PA6E (V-2)| 368602-1
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