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VER DESCRIBE NATE DRAWN
RoHS MATERIAL LIST TEL:0769-82001899 PR, soooas | £k
NO. [PART MATERIAL COATING/COLOR |QTY
1 HOUSING PA66 UL94V-0 BLACK 1
SPECIFICATIONS:
TERMINALS |BRASS PLATING TIN
2 2 CONTACTS: .020 (.51) COPPER, TIN-NICKEL PLATE
INSULATOR: GLASS FILLED NYLON, UL RATED 94V-0
UL CURRENT RATING: 50 AMPS @ 500V AC
UL TEMPERATURE RATING: -58°F TO+292°F
(-50°C TO+145°C)
WITHSTANDS THE RIGORS OF SHOCK AND VIBRATION
35.80 HOLDS FUSE SECURELY, EVEN AFTER MULTIPLE INSERTIONS
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