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Ordering Information:
A2006WR-2XXP - *** - |\ - ***
1 2 3 4
1.Part NO.
2.Material:
(Blank): Nylon 66,UL94V-0
GWT: Nylon 66,UL94V-0,IEC 60335-1,5th
Edition Glow Wire Capable.

2.Color:
V:lvory  GN: Green
BK: Black YL: Yellow
BL: Blue RD: Red
3.Finish:

(Blank): Tin over Nickel

G: Gold over Nickel

G15: Gold over Nickel(Au:15u”,Mating Area)

G30: Gold over Nickel(Au:30u",Mating Area)
4.Size D:

(Blank): 3.00mm

D12: 1.20mm

D18: 1.80mm

D20: 2.00mm

D23: 2.30mm
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SPECIFICATIONS:

Current Rating: 3A AC,DC

Voltage Rating: 250V AC,DC
Temperature Range: -40°C ~ +105°C
Contact Resistance: 10mQ Max.
Insulation Resistance: 1000MQ Min.
Withstanding Voltage: 800V AC/minute
Pin Material: Brass

Material: Glass-filled Nylon 66,UL94V-0

Ordering Information & Dimensions

Dimensions(mm) Dimensions(mm)

Circuits Circuits

A B A B

2x2P 2.00 6.00 2x14P 26.00 30.00
2x3P 4.00 8.00 2x15P 28.00 32.00
2x4P 6.00 10.00 2x16P 30.00 34.00
2x5P 8.00 12.00 2x17P 32.00 36.00
2x6P 10.00 14.00 2x18P 34.00 38.00
2x7P 12.00 16.00 2x19P 36.00 40.00
2x8P 14.00 18.00 2x20P 38.00 42.00
2x9P 16.00 20.00 2x21P 40.00 44.00
2x10P 18.00 22.00 2x22P 42.00 46.00
2x11P 20.00 24.00 2x23P 44.00 48.00
2x12P 22.00 26.00 2x24P 46.00 50.00
2x13P 24.00 28.00 2x25P 48.00 52.00
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