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—+ Mechanical Specification:
Voltage Rating 12VAC (rms) /DC
Current Rating 3A
Contact Resistance S0Milliohms Max.
Withstanding Higt Temperature 280°C
Operational Temperature - 40°C~+85C
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NO. ECN NO. DESCRIPTION DATE
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2.54

Note:
2.54 2.54 2.54 2.54 2.54 1: Material (A3} -
: : ' ' ‘ Housing: PAA6+30%F (¥ {E: PA6 High temp.PlasticUL94 V=0 Color Black)
25. 40 Housing: PA46+30%GF (BT : PA46 High temp.Plastic UL84 V-0 Color Black)
I Pin: Brass (3604 (4H{k: #48 C3604)
2: Plating (84%) :
Pin: 3u' Au over 50780u' Ni (4tk. #43u', H/&E50780u'. )
3: Electrical (A 41£) -

2.54

0000000000

| 2.54 2.54 2.54
I T T

7 Contact Resistance: 50 mohm Max. at working height.
/ B RASOER (£ THERRAT)
A . / Rated Current & Voltage: DC 12V;3A (FiE & R 7. HF12V,30
4: WorkTemperture (T {F#3%) :
% Withstanding Higt Temperature: gSD‘C
Operational Temperature: -40°C  +85C
| 2 54 | 4 5: ALL PARTS MUST MEET TO RoHS REQUIREMENTS( F7# ##t B T ¥ 40 H % AROBSER)
T T

RECOMMENDED PCB LAYOUT

SCALE: | N/A UNIT mm THE UNMARKED TOLERANCE ARE AS BELOW : | DESIGNED BY: DWG. NO. | YZr0186-20040-10025-01
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