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HKE I HH : Specifications:
ARV :Electrical :
L. BEHi: Current Rating
1.5A/contact terminal
2. FEHE: Voltage Rating
IR '
= 3. #&fiM P : Contact Resistance
-1.40 30 milliohms MAX
4. i & :Dielectnic Withstanding Voitage:
500 V AC AT Sea Levol
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— - 5. 462 BH i : Lnsulation Resistance:
— 1000MEGA ohms MIN
I — JE#FEl:Matorial :
— 1. ¥ :Housing:
QU] D o Hing Temperature Tnermaplastics,
g} = —i——— + 2. #}3%:Shell:SPCC
<~ T S Nickel Plating
N :I g 2. ¥ii§:Contact :Copper Alloy C2680
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:| 12.80 FE9%:Finish:
— ~ 1. % f:Contact: Piated Gold in Mating Area;
3 —/. 00— Tin On Solder Talls
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1 le Shenzhen Huade co—create Technology Co.,LTD
Recommended P.C.B Layout ik 0755-23304126 {61 0755-29940187
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