SOT-89

®©®

CHINA BASE MPSA44U

INTERNATIONAL

www.china-base.com.hk

NPN Silicon Epitaxial Planar Transistor

for high voltage switching and amplifier applications.
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1.Base 2.Collector 3.Emitter
SOT-89 Plastic Package
Absolute Maximum Ratings (T, = 25 °C)

Parameter Symbol Value Unit
Collector Base Voltage Vceo 500 \/
Collector Emitter Voltage Vceo 400 \/
Emitter Base Voltage Vego 6 \/
Collector Current lc 300 mA
Total Power Dissipation Piot 625 mwW
Junction Temperature T, 150 °C
Storage Temperature Range Tsig - 5510 + 150 °C
Characteristics at T,= 25°C
Parameter Symbol Min. Max. Unit

DC Current Gain

at VCE: 10 V, IC =1mA hFE 40 - -

at VCE =10 V, IC =10 mA hFE 50 200 -

at VCE =10 V, IC =50 mA hFE 45 - -

at VCE =10 V, IC =100 mA hFE 40 - -
Collector Base Cutoff Current | i 01 A

at Veg =400V cBO . u
Collector Emitter Cutoff Current | i 0.5 A

at VCE = 400 V CES . u
Emitter Base Cutoff Current

atVeg=4V leo - 0.1 HA
Collector Base Breakdown Voltage

at lc= 100 pA V(er)cBO 500 - V
Collector Emitter Breakdown Voltage

atle=1mA ° Verceo | 400 ) v
Emitter Base Breakdown Voltage Vv 6 ) Vv

at le = 100 pA (BRIEBO
Collector Emitter Saturation Voltage

atlc=1mA, Ig=0.1 mA VCE(sat) - 0.4 V

atlc=10 mA, [g=1 mA VCE(sat) - 0.5 V

atlc=50 mA, [g=5mA VCE(sat) - 0.75 V
Base Emitter Saturation Voltage

atlc=10 mA, Is= 1 mA Vee(say i 0.75 v
Collector Output Capacitance

atVep =20V, f= 1 MHz Cob ; ! pF
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Figure 1. DC Current Gain Figure 2. Collector Saturation Region
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Figure 3. “On” Voltages
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Figure 5. Capacitance
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SOT-89 PACKAGE OUTLINE
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Dimension in Millimeters
Symbol

Min Max

A 1.40 1.60

B 0.44 0.62

B1 0.35 0.54

0.35 0.44

4.40 4.60

D1 1.62 1.83

E 2.29 2.60

e 1.50 Typ

H 3.94 4.25

H1 2.63 2.93

L 0.89 1.20

All Dimensions In mm
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