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Digital Transistors (Built-in Resistors)

* Equivalent Circuit DIGITAL TRANSISTOR (NPN)

| R OUJI'
IN
FEATURES
Rz
® Built-in bias resistors enable the configuration of an inverter circuit AND

without connecting external input resistors(see equivalent circuit)

® The bias resistors consist of thin-film resistors with complete isolation IN o o oUT
to allow negative biasing of the input.They also have the advantage of GND

almost completely eliminating parasitic effects

® Only the on/off conditions need to be set for operation, making device design easy

PIN CONNENCTIONS and MARKING

DTC143ZE 3 SOT-523 DTC143ZUA . SOT-323
@ 1- [N
1.IN
, 2 GND
| 2. GND
3.0UT
! = 3.0UT ‘
2 =
DTC143ZKA , SoT233L DTC143ZCA 3 SOT-23
1.IN 1IN
2 GND 2.GND
3 i 3 - 3.0UT
2
ORDERING INFORMATION
Part Number MARKING Package Packing Method Pack Quantity
DTC143ZE E23 SOT-523 Reel 3000pcs/Reel
DTC143ZUA E23 SOT-323 Reel 3000pcs/Reel
DTC143ZKA E23 SOT-23-3L Reel 3000pcs/Reel
DTC143ZCA E23 SOT-23 Reel 3000pcs/Reel
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MAXIMUM RATINGS(Ta=25C unless otherwise noted)

Symbol Parameter Limits(DTC143Z0)) Unit
M | E | UA | cA | KA | sA
Ve Supply Voltage 50 v
Vin Input Voltage -5~+30 \Y,
lo Output Current 100 mA
Po Power Dissipation 100 150 200 200 200 300 mwW
Operation Junction and .
Ty, Tstg Storage Temperature Range -557~+150 ¢
ELECTRICAL CHARACTERISTICS (Ta=25°C unless otherwise specified)
Parameter Symbol Conditions Min Typ Max Unit
V|(0ff) Vee=5V,lo=1 OOUA 0.5 V
Input voltage
Vi(on) Vo=0.3V ,lo=56mA 1.3 Vv
Output voltage Vo(on) lo/li=5mA/0.25mA 0.1 0.3 \Y
Input current I V=5V 1.8 mA
Output current loc) Vce=50V,Vi=0 0.5 MA
DC current gain G Vo=5V,lo=10mA 80
Input resistance R1 3.29 4.7 6.11 kQ
Resistance ratio R2/R1 8 10 12
Transition frequency fr Vo=10V ,lo=5mA,f=100MHz 250 MHz
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Typical Characteristics

ON Characleristics OFF Characteristics
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PACKAGE OUTLINE

Plastic surface mounted package; 3 leads SOT-523
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Srbal Dimension in Millimeters
e Min Max
A 0.700 0.900
Al 0.000 0.100
A2 0.700 0.800
b1 0.150 0.250
b2 0.250 0.350
c 0.100 0.200
D 1.500 1.700
E 0.700 0.900
E1 1.450 1.750
e 0.500 TYP.
el 0.900 1.100
L 0.400 REF.
L1 0.260 0.460
0 0° 8°
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PACKAGE OUTLINE

Plastic surface mounted package; 3 leads SOT-323
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Dimension in Millimeters
Symbol
Min Max
A 0.900 1.100
A1 0.000 0.100
A2 0.900 1.000
b 0.200 0.400
c 0.080 0.150
D 2.000 2.200
E 1.150 1.350
EA1 2.150 2.450
e 0.650 TYP.
e1 1.200 1.400
L 0.525 REF.
L1 0.260 0.460
e 0° 8°
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Package outline dimensions SOT23-3L
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Dimension in Millimeters
Symbol
Min Max
A 1.050 1.250
At 0.000 0.100
A2 1.050 1.150
b 0.300 0.500
c 0.100 0.200
D 2.820 3.020
E 1.500 1.700
E1 2.650 2.950
e 0.950 (Basic)
el 1.800 2.000
L 0.300 0.600
0° 8°
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PACKAGE OUTLINE

Plastic surface mounted package; 3 leads SOT-23
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Dimension in Millimeters

ool Min Max

A 0.895 140

1.78 2.04

bp 0.35 0.50

c 0.08 019

270 3.10

E 1.20 1.65

HE 220 3.00

Al 0.100 0.013

Lp 0.20 0.50
7of 7

Copyright © All right reserved: Heyuan China Base Electronics Technology Co., Ltd.


Administrator
图章




