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NOTES:

1.Rate voltage:50mA DC12V

1.额定电压：50mA DC12V

2.Contact resistance：≤100mΩ

2.接触电阻：≤100mΩ

3.Operating force：260±50gf

3.按力：260±50gf

4.Travel：0.25±0.15mm

4.行程：0.25±0.15mm

5.Insulatedresistance：≥100mΩ

5.绝缘电阻：≥100mΩ

6.Dielectric strength：≥250VAC

6.介电强度：≥250VAC

7.life:100000 time

7.寿命：100000 次

8.working temperature：-20℃~80℃

8.工作温度：-20℃~80℃
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